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Explanations of Type/Model:

AZ415-(1)(2)P(3)K-(4)-(5)

Option Explanations
(1) 33 3NO / 3NC contact
02/11 S1: 2NC, S2: TNO / TNC contact
02/02 $1: 2NC, S2: 2NC contact
02/20 S1: 2NC, S2: 2NO contact
11/11 $1: INO / 1NC, S2: TNO / 1NC
(2) Y 1P 65
z P 67
3) Blank Standard
D for double doors
(4) | Blank Cable entry M20
M20 Cable entry M20
(5) Blank Standard
X X X X = Indicator for minor customer -
%% specific design change, without
change for function or structure
2537-1 | Version with additional push button
Not all combinations are available
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Desctiption of special structure (if necessary):

Enclosure A: 85x104x46mm is for types with "xx/yy" contactarrangement

Enclosure B:  130x100x46mm is for types with "33" contact arrangement but for single actuator (unlike enclosure D)

Enclosure C: 130%100x64,5mm (without Push button) is for single type with push button (2537-1)

Enclosure D:  141x125x46mm is for types suited for double actuators "ZPDK"
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