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ZERTIFIKAT & CERTIFICATE ¢

CERTIFICATE

No. B 14 04 51847 012

Holder of Cetrtificate: K. A. Schmersal GmbH & Co. KG
Maoddinghofe 30
42279 Wuppertal
GERMANY

Certification Mark:

. Production monitored
Type tested

Product: Switches

The product was tested on a voluntary basis and complies with the essential requirements. The
certification mark shown above can be affixed on the product. It is not permitted to alter the
certification mark in any way. In addition the certification holder must not transfer the certificate
to third parties. See also notes overleaf.

Test report no.: 713036097-1
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Date, 2014-05-14 (Matthia{sﬂR%t:?’;{S’perger)
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CERTIFICATE Product’ervice
No. B 1404 51847 012

Model(s): Enabling Switches
Type: Series ZSD5 / ZSD6
(See Certificate Attachment for

nomenclature)

Parameters: Rated insulation voltage: 250V
Rated impulse withstand voltage: 2.5 kv
Degree of protection: IP 65
Pollution degree: inside 2 or

outside 3
Class of Protection: [l

Model Contact Configuration Switch
ZSD5 2 N.O.+1N.C.
ZSD6 2 N.O.+1N.C. Aux + 1 N.O. momentary pushbutton

Output Contact Ratings: see attachment

Tested EN 60947-5-1/A1:2009

according to: EN 60947-5-8:2006
GS-ET-22:2009

Production 16464
Facility(ies):
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= Attachment for certificate B 14 04 51847 012
- Output Contact Ratings ZSD5 Product Service
E | | Rated Insulation Voltage (Ul) 250V (except for momentary pushbut-
ton)
o Momentary pushbutton: 125V
& Rated Thermal Current (Ith) 3A
g Rated Voltage Ue 30v 125V 250V
<L Rated Current (le) 3-position | AC | Resistive — 3A 1.5A
2, | | switch Terminals load
T 1-2 and 3-4 (AC-12)
b= , -
o nductive load — 1.5A 0.75A
W (AC-15)
&
, DC | Resistive 2A 04A 0.2A
‘ load
= (DC-12)
e
= Inductive load 1.0A 0.22 A 0.1A
= (DC-13)
g Rated Current (le) Monitor AC | Resistive — 2A 1A
= switch Terminal 5-6 load
o (AC-12)
L
() Inductive load — 1A 0.75A
" , (AC-15)
, , DC | Resistive 2A 04A 02A
{ﬂﬂm load
(bC-12)
1o
il]?"’al Inductive load 23A 0.22 A 0.1A
(DC-13)
4 _
wi Rated Current (le) Momen- AC | Resistive —_ 0.5A —
= | tary load
=« | | push button (AC-12)
(30) switch Terminals 7-8
- (model ZSD6); 5-6 and 7-8 Inductive load — 0.3A —
e (AC-15)
=
oo DC | Resistive 1A 0.2A —
LLi load
o (DC-12)
’— Inductive load 0.7A 01A —
: (DC-13)
¥ .
el Contact Material of monitor switch: Gold Overlaid Silver
E Attachment for certificate B 14 04 51847 012, Page 3 of 3
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