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Belt alignment switches
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•  Metal enclosure
•  Slow action, Change-over  

contact with double break
•  Slow action available with  

overlapping or staggered contacts
•  Snap action, Change-over  

contact with double break
•  2 cable entries
•  Belt alignment lever available  

with different roller lengths
•  Protection class IP67
•  Suitable for heavy duty

Approvals

Ordering details

Technical data
Standards: IEC/EN 60947-5-1
Enclosure: Grey cast iron, 

galvanized and painted
Protection class: IP67 to EN 60529
Contact material: Silver
Contact type: Snap action, change-over  

contact with 2
separate contact bridges 
Slow action, NC contact 

 positive break A
Switching system: Snap and slow action
Connection: screw terminals M 4
Cable section: max. 2.5 mm²

(including conductor ferrules) 
Uimp: 
- Snap action: 4 kV 
- Slow action: 6 kV
Ui:   
- Snap action: 250 V 
- Slow action: 400 V 
- Ordering suffix -t:  500 V
Ithe:  16 A
Ie/Ue:  
- Snap action: 4 A / 230 V 
- Slow action: 4 A / 400 V
Utilisation category: AC-15
Max. fuse rating: 16 A gL/gG D-fuse
Contact break:  
- Snap action:  max. 2 x 2,5 mm 
- Slow action:  max. 2 x 2 mm
Switchover time:  35 ms
Bounce duration:  5 ms
Ambient temperature: −30 °C … + 90 °C
Mechanical life: 10 million operations
Switching frequency: max. 3000/h

Contact variants
1 NO Contact /  
1 NC contact

Snap action
0°28° 28°

13° 13°

90°90°

Slow action
0°20° 20°

10°10°

90°90°

2 NO Contact /  
2 NC contact

Snap action
0°

13° 13°

28°28° 90°90°

Slow action
0°

10° 10°

20°20° 90°90°

➀ 250-➁z-➂-➃
No. Option Description

➀ M. Snap action
T. Slow action

➁ 11 1 NO/1 NC
22 2 NO/2 NC

➂ Actuator selection, see page 1-159
➃ t Temperature- and tropical-

resistant −40 °C … +200 °C
1276 Gold-plated contacts
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Belt alignment switches

System components
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Ordering details
Belt alignment lever 
243 Ordering suffix -243
966  Ordering suffix -966
1224  Ordering suffix -1224

Belt alignment lever 243

Belt alignment lever 966

Belt alignment lever 1224


